
SM91604L LAN Transformer

Features
n Single port Gigabit Ethernet
n Working voltage: 800 V
n Hi-Pot: 4680 VDC
n Design construction: Reinforced insulation 

per IEC 60664-1 and IEC 62368-1 
requirements

n Creepage distance > 8 mm, pollution 
degree 2, material group CTI I

n Clearance distance > 8 mm, overvoltage 
category II

n RoHS compliant*

Additional Information
Click these links for more information:

PRODUCT TECHNICAL
LIBRARY

INVENTORY SAMPLES CONTACT

Electrical Specifications @ 25 °C

OCL (100 kHz / 0.1 V, 8 mA DC Bias)
 (-40 °C to +105 °C) ............ 350 µH min.
Leakage Inductance (100 kHz/0.1 V)
  ....................................... 0.35 µH max.
DCR

Transformer Side ............. 0.90 Ω max.
CM Choke Side ............... 1.30 Ω max.

Turns Ratio .............................1 : 1 ± 2 %
Insertion Loss

1-60 MHz ......................... -1.0 dB max.
60~100 MHz .................... -1.5 dB max.
100~125 MHz .................. -2.0 dB max.

Return Loss (Z out = 100 Ω)
1~30 MHz ....................... -13.0 dB min.
30~45 MHz ..................... -10.0 dB min.
45~60 MHz ....................... -8.0 dB min.
60~80 MHz ....................... -6.0 dB min.
80~100 MHz ..................... -5.0 dB min.
100~125 MHz ................... -4.0 dB min.

Common Mode Rejection
1~100 MHz ..................... -25.0 dB min.

Cross Talk (Between each channel):
1 MHz ................................ -58 dB min.
5~100 MHz ....................-30+20*LOG10

(f/20 MHz) dB min.
Hi-POT (1 mA, 60 S) .............. 4680 VDC
Working Voltage ................... up to 800 V
Operating Temperature
  ................................ -40 ℃ to +105 ℃
Storage Temperature (Component)

 ................................ -50 ℃ to +125 ℃
Moisture Sensitivity Level ......................1
ESD Classification (HBM)................. N/A

Packaging Specification

Tape & Reel ..... 200 pcs. per 13-inch reel

How To Order
SM91604  L - E

Model
RoHS Compliancy Designator
Packaging 

E =  200 pcs. per 13-inch Reel

Product Dimensions

SM91604L
YYWW

33.00 ± 0.5
(1.299 ± .020)

19.60 ± 0.5
(.772 ± .020)

27.94 ± 0.3
(1.100 ± .012)

PIN 1

10.50 ± 0.5
(.413 ± .020)

2.54 ± 0.25
(.100 ± .010)

0.70 ± 0.10
(.028 ± .004)

13.60
(.535)
REF.

17.00 ± 0.40
(.669 ± .016)

1.70 ± 0.30
(.067 ± .012)0.15

(.006)
24 PLCS.

DIMENSIONS: MM
(INCHES)

Recommended Layout

11.95 ± 0.15
(.470 ± .006)

18.65 ± 0.15
(.734 ± .006)

1.20 ± 0.15
(.047 ± .006)

24 PLCS.

27.94 ± 0.15
(1.100 ± .006)

2.54 ± 0.15
(.100 ± .006)

22 PLCS.

DIMENSIONS: MM
(INCHES)

* RoHS Directive 2015/863, Mar 31, 2015 and Annex.
Specifications are subject to change without notice.
Users should verify actual device performance in their specific applications. 
The products described herein and this document are subject to specific legal disclaimers as set forth on the last page of
this document, and at www.bourns.com/docs/legal/disclaimer.pdf.

WARNING  Cancer and Reproductive Harm - www.P65Warnings.ca.gov

https://www.bourns.com/support/contact
https://www.bourns.com/products/magnetic-products/transformers-signal
https://www.bourns.com/products/magnetic-products/transformers-signal
https://www.bourns.com/resources/technical-library/library-documents/magnetic-products-technical-library
https://www.bourns.com/resources/technical-library/library-documents/magnetic-products-technical-library
https://www.bourns.com/resources/technical-library/library-documents/magnetic-products-technical-library
https://www.bourns.com/inventory-search-results?PARTS=sm91604l
https://www.bourns.com/inventory-search-results?PARTS=sm91604
https://www.bourns.com/support/request-samples
https://www.bourns.com/support/contact
http://www.P65Warnings.ca.gov


 SM91604L LAN Transformer

Electrical Schematic
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Reflow Solder Profile
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Profile Feature Pb-Free Assembly

Average Ramp-Up Rate 3 °C / second max.

PREHEAT: 
 Temperature Min. (Tsmin) 
 Temperature Max. (Tsmax) 
 Time (Tsmin to Tsmax)

 
150 °C 
200 °C 
60~180 seconds

Liquidus Temperature (TL) 217 °C

Time Above Liquidus 
Temperature (tL) 60~150 seconds

Peak Temperature (Tp) 245-250 °C

Time within 5 °C of Actual Peak 
Temperature (tp) 20~40 seconds

Ramp-Down Rate from Peak 
Temperature 6 °C / second max

Time 25 °C to Peak Temperature 
(Tp) 8 minutes max.

Do Not Exceed 250 °C

Specifications are subject to change without notice.
Users should verify actual device performance in their specific applications. 
The products described herein and this document are subject to specific legal disclaimers as set forth on the last page of this document, and at www.bourns.com/docs/legal/disclaimer.pdf.



SM91604L LAN Transformer

Packaging Specifications

Specifications and tolerances comply with EIA-481 requirements.

SM
91604L

YYW
W

SM
91604L

YYW
W

SM
91604L

YYW
W

SM
91604L

YYW
W

“A”

62.4
(2.457)

MAX.

MIN.

56.4 +2.0/-0
(2.220 +.079/-0)

100.0 ± 2.0
(3.937 ± .039)

DIA.

DIA.
330.0 ± 2.0

(12.992 ± .079)

1.5
(.059)

DIA.
13.2 +0.5/-0.2

(.520 +.020/-.008)

MIN. DIA.20.2
(.795)

DETAIL A

END START
4.00

(.157)
2.00

(.079)
28.0

(1.102)

56.0
(2.205)

160
(6.299)

MIN.

TRAILER
NO COMPONENT

COMPONENTS

400
(15.748)

MIN.

LEADER
NO COMPONENT

USER DIRECTION OF FEED
QTY: 200 PCS. PER REEL

DIMENSIONS: MM
(INCHES)

Asia-Pacific: Tel: +886-2 2562-4117 • Email: asiacus@bourns.com
EMEA: Tel: +36 88 885 877  •  Email: eurocus@bourns.com
The Americas: Tel: +1-951 781-5500 • Email: americus@bourns.com
www.bourns.com

REV. 09/23
Specifications are subject to change without notice.
Users should verify actual device performance in their specific applications. 
The products described herein and this document are subject to specific legal disclaimers as set forth on the last page of this document, and at www.bourns.com/docs/legal/disclaimer.pdf.
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Legal Disclaimer Notice

This legal disclaimer applies to purchasers and users of Bourns® products manufactured by or on behalf of Bourns, Inc. and 

Unless otherwise expressly indicated in writing, Bourns® products and data sheets relating thereto are subject to change 

and complete before placing orders for Bourns® products.

The characteristics and parameters of a Bourns® product set forth in its data sheet are based on laboratory conditions, and 
statements regarding the suitability of products for certain types of applications are based on Bourns’ knowledge of typical 
requirements in generic applications.  The characteristics and parameters of a Bourns®

® product with other components 
® 

the actual performance of the Bourns®

 

® product as meeting the requirements of a particular industry 

®

of Bourns® products are responsible for ensuring compliance with safety-related requirements and standards applicable to 

Bourns®

on a case-by-case basis, use of any Bourns®

®

®

® 

®

Bourns®

® standard products that are suitable for use in aircraft 

® standard 

the user’s sole risk.

® custom products shall be negotiated on a case-by-case basis by Bourns 
and the user for which such Bourns®

® standard products shall 
also apply to such Bourns® custom products.

Users shall not sell, transfer, export or re-export any Bourns®

Bourns®

 
® products and Bourns technology and technical data may not under any circumstance be 

exported or re-exported to countries subject to international sanctions or embargoes.  Bourns® products may not, without 
 

bilingual versions are available at:
Web Page: http://www.bourns.com/legal/disclaimers-terms-and-policies
         PDF: http://www.bourns.com/docs/Legal/disclaimer.pdf


