MATERIAL DECLARATION SHEET BOURNS"

Material Number PEC11H

Product Line Encoders

Compliance Date Since Inception

—

RoHS Compliant Yes MSL N/A
No. Construction Homogeneous Material Homogeneous CASRN Materials | Material Mass % | Subpart mass
Element (subpart) Material weight [g] Materials/ Substances If applicable Mass % of total unit wt. of total wt. [%]
Aluminum 1344-28-1 96 16.6666
1 E‘iﬁ AluAnIr:inum . Magnesium 7439-96-5 1.333 0.2314 .
oy Calcium 7440-70-2 1.333 0.2314
Silicon 7440-21-3 1.334 0.2316
Glass 65997-17-3 20 0.5556
Rear Cover Poly(butylene terephthalate) 30965-26-5 65 1.8056
2 JE PBT 0.167 Antimony Oxide 1309-64-4 4 0.111 2.7778
Flame Retardant 68928-70-1 10 0.2778
Additives - 1 0.0278
Carbon 7440-44-0 1 0.0782
Manganese 7439-96-5 5 0.3906
SPCC-SB 0.45 Phosphorus 7723-14-0 5 0.3906 7.8125
Bracket Iron 7439-89-6 88 6.8750
3 R Silicon 7440-21-3 1 0.0781
Cu(lnner layer,thickness:1-3um 7440-50-8 30 0.2604
Plating 0.049 0.8681
Sn(Outer layer,thickness:2-3um 7440-31-5 70 0.6077
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H
No Construction Homogeneous Material o;nn;z:ral:a;us CASRN Materials | Material Mass % Subpart mass of
- - - - o - . I . o
Element (subpart) Material weight [g] Substances If applicable Mass % of total unit wt total wt. [%]
Copper 7440-50-8 91.68 0.4775
4 Dete;; ;P””g Bronze C5210 | g 031 Tin 7440-31-5 8.167 0.0425 0.5208
(Without plating) Phosphorus 7723-14-0 0.153 0.0008
0.2069
Copper 7440-50-8 91.68
5 Switch Dome Bronze C5210 | 0.013 Tin 7440-31-5 8.167 0.0185 0.2257
il Phosphorus 7723-14-0 0.153 0.0003
Plating 0.0015 Silver 7440-22-4 100 0.1736 0.1736
Zinc 7440-66-6 94.82 42.8007
Aluminium 1344-28-1 4.16 1.8778
5 B‘;;gg Zinc Alloy 26 Magnesium 7439-95-4 0.1 0.0451 45.1389
Copper 7440-50-8 0.9 0.4063
Silicon 7440-21-3 0.02 0.0090




MATERIAL DECLARATION SHEET

BOURNS®

Subpart
No Construction Homogeneous Material Homogeneous Materials/ CASRN Materials Material Mass % muasz of
Element (subpart) Material weight [g] Substances If applicable Mass % of total unit wt. total wt. [%]
Glass 65997-17-3 20 0.5035
Poly(butylene terephthalate) 30965-26-5 65 1.6363
PBT 0.145 Antimony Oxide 1309-64-4 4 0.1007 25174
Wiper Element & Flame Retardant 68928-70-1 10 0.2517
Terminales
NN Additives 1 0.0252
Copper 7440-50-8 65 1.2413
Bronze 0.11475 1.9097
7 Zinc 7440-66-6 35 0.6684
Plating 0.01275 Silver 7440-22-4 100 0.1736 0.1736
Carbon 7440-44-0 1 0.0028
Manganese 7439-96-5 5 0.0139
C-Ring .
8 e Steel Wire 0.016 Phosphorus 7723-14-0 5 0.0139 0.2778
Iron 7439-89-6 88 0.2444
Silicon 7440-21-3 1 0.0028
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No. Construction Homogeneous Material Homogeneous Materials/ CASRN Materials Material Mass % :::Za;
Element (subpart) Material weight [g] Substances If applicable Mass % of total unit wt. total wt. [%]
Glass 65997-17-3 20 0.0242
Switch Insulation Poly(butylene terephthalate) 30965-26-5 65 0.0790
9 Adopter PBT 0.007 Antimony Oxide 1309-64-4 4 0.0049 0.1215
Hk Flame Retardant 68928-70-1 10 0.0122
Additives - 1 0.0012
PC 0.1 Polycarbonate 25037-45-0 100 1.7361 1.7361
Copper 7440-50-8 68 0.5904
10 Rotor Zinc 7440-66-6 31.9 0.2769
e Brass G268 005 Iron 7439-89-6 0.05 0.0004 00581
Lead 7439-92-1 0.05 0.0004
Plating 0.005 Silver 7440-22-4 100 0.1736 0.1736
Carbon 7440-44-0 1 0.0031
1 Manganese 7439-96-5 5 0.0156
S;;i%g Steel Wire 0.018 Phosphorus 7723-14-0 S 0.0156 0.3125
Iron 7439-89-6 88 0.2751
Silicon 7440-21-3 1 0.0031
12 Lube Polysiloxane 0.00056 Polysiloxane 9011-19-2 100 0.0174 0.0174
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This Document was updated on: 2018/4/18

The weight was measured by model PEC11H series, with switch, axis length F25mm

Important remarks:

1. Itis the responsibility of the user to verify they are accessing the latest version.

a. “Compliance Date” is not the date supplier submits the MDS, but when the product was first compliant with RoHS.

b. “This Document was updated on:” is where we indicate when supplier submits the MDS. All previous MDS must be archived for traceability in the future.

No. Construction Ho:;:gen Material weight | Homogeneous Materials/ CASRN Materials Material Mass % :uazza;
Element (subpart) Material [a] Substances If applicable Mass % of total unit wt. total wt. [%]
Carbon 7440-44-0 0.06 0.0103
Manganese 7439-96-5 22 0.3743
Silicon 7440-21-3 0.27 0.0459
Phosphorus 7723-14-0 0.03 0.0051
13 Ste@;lﬂlzall SUS304 0.98 Sulfur 7704-34-9 0.31 0.0527 17.0139
Chromium 7440-47-3 17.2 2.9264
Nickel 7440-02-0 8.2 1.3951
Copper 7440-50-8 2.2 0.3743
Iron 7439-89-6 69.53 11.8298
Total
e

c. Material weights for components less than 100mg (most Semiconductor products) should be listed in milligrams. This avoids all those zeros and round off issues.
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