ADJUSTMENT POTENTIOMETER

TRIMPOT® Potentiometer
Model 3322

EOQRNS Single-Turn, High Performance

Cermet Element

FEATURES

* Bourns Model 3322 is listed on the DESC
QPL for style RJ50, Mil-R-22097.

Actual Size
- Space saving size: 0.25” dia. x 0.24” high.
t.'
* Low temperature coefficient: =100 ppm/°C ?
over entire temperature and resistance range. N
. 3322 P
+ 0.5 watt power rating at 85°C.
+ Extended temperature range: —65° to +-175°C.
+ Mil Spec immersion seal.
STANDARD RESISTANCES
HE?&&H&“ PART NUMBERS* HE{SE',ﬁH‘S'FE PART NUMBERS*
10 3322P-1-100 5,000 3322P-1-502
20 3322P-1-200 10,000 3322P-1-103
50 3322P-1-500 20,000 3322P-1-203
100 3322P-1-101 50,000 3322P-1-503
200 3322pP-1-201 100,000 3322P-1-104
500 3322P-1-501 200,000 3322P-1-204
1,000 3322P-1-102 500,000 3322P-1-504
2,000 3322P-1-202 1,000,000 3322P-1-105
SPECIAL RESISTANCES AVAILABLE FROM 10 TO 2,000,000 OHMS. *The last three digits of the part number represent the resistance in standard

code.
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Model 3322 TRIMPOT® Potentiometer

SPECIFICATIONS
ELE[}THCAL EHAHAGTEHS‘]’]{:E Salt Spray ... Meets MIL-R-22097
Stndard Resistance Range (see chart on front) 10 to 1,000,000 ohms FUNgUS . ooive - Materials meet MIL-3-5272
Resistance Tolerance® ... ... 109 standard, closer lolerances available Load Life 1,000 hours per MIL-R-22097
Absolute Minimum Resistance® ... I (5 | | Mechanical Life ... e 200 cycles without discontinuity
Continuity® ... ..., Maintained for full mechanical range Effective Electrical Rotation 240° =25°
Contact Resistance Variation Maximum® .. 3 ohms or 3%, whichever is greater Dielectric Strength . I e R s S MIL-R-22097
: Room Conditions . 600 volts AC minimum
Insulation Resistance, 500 voits DC . ... . ... 1,000 megohms minimum 80.000 Ft. 960 volts AC minimum
ENVIRONMENTAL CHARACTERISTICS PHYSICAL CHARACTERISTICS
Power Ratings: (B5°C) Immersion Leak TESE® .o s s No leaks
85°C ......... N ——— 0.5 watt or 300 volls maximum
i o . O watt Markings® . .. Date code, resislance, wiring diagram
and manufacturer's model number
Operating Temperature Range .. ... o . e e —65° to -175°C
) A APDEATrANCE™ ....coocovveerrrnriarians . Legible markings, no physical defects
Temperature Coefficient per MIL-R-22097* ... ............. Maximum =100 ppm/°C !
Humidity, MIL-STD-202, Method 106 . ........... 10 megohms minimum insulation RO SIS A STERRRNY ¥ | B 1 )
resistance after removal from chamber Shaft Torque .. . 2.0 OZ.-in. maximum
Vibration ...t s EXCEEOS MIL-R-22097, 30Gs LT TP FTNPUR L ST —— Approximately 0.08 oz.
Contact Bounce . rvbessenssnnssbasimnscenissisrssennsnnsnnsesiesees 0.1 muillisecond maximum
A : W T e Terminals eeviioevieeeeeaeveneneree - Tinned Pins
1] o1 ST RSN o (5 - ¢ |- -R- 5 5 e o s
i i ; i . Applicable 100 -
Contact BOUNCE ... ovvoieeiceeeieiieeeceesissisesesssnnnennnee . 0.1 millisecond maximum :gsﬁﬂ::"hf;ﬂitﬁmgﬁﬂ?e 100% or statistical sampling: inspection performed
RN B BN e i e s s B S e i s R B e Meets MIL-E-5272, Procedure 1 Specifications are subject to change without notice.
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