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Fixed Resistors

Temperature Resistance Range AEC-Q200 PPAP
Tolerances Coefficient, (ppm/ °C) (1)) Compliant Documentation | 'ATF 16949 Factory
CAT10A-LF & 5% +300 0.063 10-1M Yes Level 3 Yes
CAT16A-LF % 1%,5% +200, +400 0.063 10-1™M Yes Level 3 Yes
CAY10A-AS N 5% +250, £500 0.063 3-1M Yes Level 3 Yes
CAY10A-LF % 5% +250, +500 0.063 3-M Yes Level 3 Yes
CAY16A-AS % 5% +200, +£400 0.063 3-M Yes Level 3 Yes
CAY16A-LF % 1%,5% +200, +400 0.063 3-MM Yes Level 3 Yes
CFN-A "/ 1%,5% +50, +100 0.2-1 5m-40m Yes Level 3 Yes
CHP-A % 1%,5% +100, 200 0.33-3 10-1M Yes Level 3 Yes
CHV-A <y 1%,5% +100, =200 0.1-1 100 m- 100 M Yes Level 3 Yes
(MP-A % 1%,5% +100, 200 0.25-1.5 10-1™M Yes Level 3 Yes
CR0201A-AS ® 1%,5% +100, £200, -200+600 0.05 1-10M Yes Level 3 Yes
CR0402A-AS Q/ 1%, 5% +100, £200, -200+500 0.063 1-20M Yes Level 3 Yes
Model
LA CMP0603A CMP0805A CMP1206A CMP2010A CMP2512A
Power Rating @ 70°C 0.25W 0.5W 0.75W W 1.5W
Model
LEEGHIALE CMP0603A CMP0805A CMP1206A CMP2512A
Power Rating @ 70°C 0.33W 05W 0.75W 3W
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